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06 B-1 141 001 00 141 101 00 3/8 x 7/32“ 15 10 5,4 - - 1,5 0,13
083 141 003 00 141 103 00 1/2 x 3/16“ 15 10 4,7 - - 1,6 0,10
08 B-1 141 005 00 141 105 00 1/2 x 5/16“ 20 10 7,4 - - 2,2 0,18
08 B-1 141 005 01 141 105 01 1/2 x 5/16“ 20 15 7,4 - - 2,2 0,26
08 B-1 141 005 02 141 105 02 1/2 x 5/16“ 20 20 7,4 - - 2,2 0,34
10 B-1 141 006 00 141 106 00 5/8 x 3/8“ 20 15 9,2 - - 2,6 0,25
10 B-1 141 006 01 141 106 01 5/8 x 3/8“ 20 20 9,2 - - 2,6 0,33
12 B-1 141 007 00 141 107 00 3/4 x 7/16“ 25 15 11,3 - - 2,4 0,32
12 B-1 141 007 01 141 107 01 3/4 x 7/16“ 25 20 11,3 - - 2,4 0,43
16 B-1 141 008 00 141 108 00 1“ x 17,02 mm 40 15 16,5 - - 3,5 0,45
16 B-1 141 008 01 141 108 01 1“ x 17,02 mm 40 20 16,5 - - 3,5 0,68
06 B-2 141 021 00 141 121 00 3/8 x 7/32“ 25 10 5,4 4,9 15,7 1,5 0,22
08 B-2 141 025 00 141 125 00 1/2 x 5/16“ 35 10 7,4 6,6 21,4 2,2 0,30
08 B-2 141 025 01 141 125 01 1/2 x 5/16“ 35 15 7,4 6,6 21,4 2,2 0,46
08 B-2 141 025 02 141 125 02 1/2 x 5/16“ 35 20 7,4 6,6 21,4 2,2 0,63
10 B-2 141 026 00 141 126 00 5/8 x 3/8“ 40 10 9,2 7,4 25,8 2,6 0,32
10 B-2 141 026 01 141 126 01 5/8 x 3/8“ 40 15 9,2 7,4 25,8 2,6 0,54
10 B-2 141 026 02 141 126 02 5/8 x 3/8“ 40 20 9,2 7,4 25,8 2,6 0,77
12 B-2 141 027 01 141 127 01 3/4 x 7/16“ 45 15 11,3 8,2 30,8 2,4 0,62
12 B-2 141 027 02 141 127 02 3/4 x 7/16“ 45 20 11,3 8,2 30,8 2,4 0,85
16 B-2 141 028 01 141 128 01 1“ x 17,02 mm 65 15 16,5 15,4 48,4 3,5 0,86
16 B-2 141 028 02 141 128 02 1“ x 17,02 mm 65 20 16,5 15,4 48,4 3,5 1,19
06 B-3 141 031 00 141 131 00 3/8 x 7/32“ 35 10 5,4 4,9 25,9 1,5 0,77
08 B-3 141 035 00 141 135 00 1/2 x 5/16“ 45 10 7,4 6,5 35,2 2,2 0,82
08 B-3 141 035 01 141 135 01 1/2 x 5/16“ 45 15 7,4 6,5 35,2 2,2 1,05
08 B-3 141 035 02 141 135 02 1/2 x 5/16“ 45 20 7,4 6,5 35,2 2,2 1,27
10 B-3 141 036 00 141 136 00 5/8 x 3/8“ 55 10 9,2 7,4 42,4 2,6 0,85
10 B-3 141 036 01 141 136 01 5/8 x 3/8“ 55 15 9,2 7,4 42,4 2,6 1,13
10 B-3 141 036 02 141 136 02 5/8 x 3/8“ 55 20 9,2 7,4 42,4 2,6 1,40
12 B-3 141 037 00 141 137 00 3/4 x 7/16“ 60 15 11,3 8,2 50,2 2,4 0,86
12 B-3 141 037 01 141 137 01 3/4 x 7/16“ 60 20 11,3 8,2 50,2 2,4 1,16
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Plastic Guide Rails for Roller Chains DIN ISO 606 (ex DIN 8187)

Ordering Details, e.g., Product No. 141 001 00, Guide Rail 06 B-1, length 1m, 15x10mm

Material: Low pressure polyethylene PE-UHMW.

These side-rails serve to support fast-running roller chains which 
are lined up exactly; other than steel or metal side-rails they 
dampen the noise and reduce strong wear. 
Special features: wear-resistant, self-lubricating, resistant against 
diluted acids and diluted alkalines, impact resistant, corrosion 
resistant, soil resistant and cost efficient. 
Stock lengths 1 meter and 2 meter. 

Temperature range: -200°C to +60°C (for short time up to +80°C).

Fixed length and other types on request.

* One end is cut by saw. Length tolerance -5mm. 

DIN Product No. Product No. Pitch B H b e f h Weight
ISO Length 1m* Length 2m inch mm mm mm mm mm mm kg/m
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