
562®

653 754 00         - M4 9 12 19 14 8 9 4
653 755 00 653 997 55 M5 9 12 19 14 8 9 4
653 756 00 653 997 56 M6 11 14 24 16,5 9,5 10,5 7
653 758 00 653 997 58 M8 13 16 30 19,5 11 11,5 10
653 760 00         - M10 15 18 36 22,5 12,5 14 16

653 770 00 - M4 10 9 12 19 14 8 6
653 772 00 - M4 15 9 12 19 14 8 6
653 774 00 - M4 20 9 12 19 14 8 6
653 775 00 - M4 30 9 12 19 14 8 7
653 776 00 653 997 76 M5 10 9 12 19 14 8 7
653 778 00 653 997 78 M5 15 9 12 19 14 8 7
653 780 00 653 997 80 M5 20 9 12 19 14 8 7
653 781 00 653 997 81 M5 25 9 12 19 14 8 8
653 782 00 653 997 82 M6 16 11 14 24 16,5 9,5 8
653 784 00 653 997 84 M6 20 11 14 24 16,5 9,5 12
653 786 00 653 997 86 M6 25 11 14 24 16,5 9,5 13
653 787 00 653 997 87 M6 30 11 14 24 16,5 9,5 10
653 788 00 - M8 16 13 16 30 19,5 11 17
653 790 00 653 997 90 M8 20 13 16 30 19,5 11 18
653 792 00 653 997 92 M8 30 13 16 30 19,5 11 24
653 793 00 653 997 93 M8 40 13 16 30 19,5 11 20
653 794 00 653 997 94 M10 20 15 18 36 22,5 12,5 30
653 795 00 653 997 95 M10 25 15 18 36 22,5 12,5 33
653 796 00 653 997 96 M10 30 15 18 36 22,5 12,5 35
653 798 00 - M10 40 15 18 36 22,5 12,5 40

- 653 997 99 M10 55 15 18 36 22,5 12,5 48
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Hollow Knurled Nuts 420

Material:
Type Steel:
Head: Plastic thermoplast (polyamide) black, glossy. 
Bush: Steel, zinc-plated, chromatised blue.

Type Stainless Steel:
Head: Plastic thermoplast (polyamide) black, glossy. 
Bush: Stainless steel 1.4305 (AISI 303).

Ordering Details: e.g.: Product No. 653 754 00, Knurled Nut M 4

Knurled Thumb Screws 421

Material:
Type with threaded bolt of steel:
Head: Plastic thermoplast (polyamide) black, glossy.
Threaded bolt: Steel, zinc-plated, chromatised blue.

Type with threaded bolt of stainless steel:
Head: Plastic thermoplast (polyamide) black, glossy.
Threaded bolt: Stainless steel 1.4567.

Ordering Details: e.g.: Product No. 653 770 00, Knurled Thumb Screw M4 x 10

Loctite thread locking and bonding products 
page 849.

Product No. Product No. d1 Length l d2 d3 d4 h k Weight
steel stainless mm mm mm mm mm mm mm g

Product No. Product No. d1 d2 d3 d4 h k l Weight
steel stainless mm mm mm mm mm mm mm g

STAINLESS

STAINLESS


