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665 997 01 45 M5 10 13 24,5 4 34 3,5 9 34
665 997 02 45 M6 10 13 24,5 4 34 3,5 9 34
665 997 03 63 M6 13,5 17,5 31 6,5 45 4 11 76
665 997 04 63 M8 13,5 17,5 31 6,5 45 4 11 74
665 997 05 78 M8 16 21 36 8 54 4 14 123
665 997 06 78 M10 16 21 36 8 54 4 14 119

665 997 11 45 12 M5 10 13 24,5 4 34 3,5 36
665 997 12  45 16 M5 10 13 24,5 4 34 3,5 36
665 997 13 45 20 M5 10 13 24,5 4 34 3,5 36
665 997 14 45 25 M5 10 13 24,5 4 34 3,5 37
665 997 15 45 32 M5 10 13 24,5 4 34 3,5 38
665 997 19 45 16 M6 10 13 24,5 4 34 3,5 37
665 997 20 45 20 M6 10 13 24,5 4 34 3,5 37
665 997 21 45 25 M6 10 13 24,5 4 34 3,5 38
665 997 22 45 32 M6 10 13 24,5 4 34 3,5 40
665 997 23 45 40 M6 10 13 24,5 4 34 3,5 41
665 997 26 63 20 M6 13,5 17,5 31 6,5 45 4 81
665 997 27 63 25 M6 13,5 17,5 31 6,5 45 4 82
665 997 28 63 32 M6 13,5 17,5 31 6,5 45 4 83
665 997 29 63 40 M6 13,5 17,5 31 6,5 45 4 83
665 997 30 63 50 M6 13,5 17,5 31 6,5 45 4 84
665 997 33 63 20 M8 13,5 17,5 31 6,5 45 4 84
665 997 34 63 25 M8 13,5 17,5 31 6,5 45 4 86
665 997 35 63 32 M8 13,5 17,5 31 6,5 45 4 88
665 997 36 63 40 M8 13,5 17,5 31 6,5 45 4 91
665 997 37 63 50 M8 13,5 17,5 31 6,5 45 4 94
665 997 38 63 63 M8 13,5 17,5 31 6,5 45 4 98
665 997 39 78 20 M10 16 21 36 8 54 4 139
665 997 40 78 25 M10 16 21 36 8 54 4 141
665 997 41 78 32 M10 16 21 36 8 54 4 142
665 997 42 78 40 M10 16 21 36 8 54 4 146
665 997 43 78 50 M10 16 21 36 8 54 4 152
665 997 44 78 63 M10 16 21 36 8 54 4 159
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Material: Threaded bush and set screw, stainless steel 1.4305 (AISI 303). 
Grip body: Stainless steel 1.4308 (CF-8), matt blasted.

Version IS: With internal hexagon screw. 
User-friendly design. To be used preferably when the clamping range is 
limited or if a specific clamping position is required. The thread insert is 
connected to the handle via splines and can be removed.
By lifting (pulling) the handle the splines work loose and the clamping 
lever can be turned to the most suitable clamping position. Letting go 
causes the handle to engage automatically.

Adjustable Clamping Levers 300.5, Version IS-N with Internal Thread, Disengaged by Pulling, Stainless

Ordering Details: e.g.: Product No. 665 997 01, Adjustable Clamping Lever 300.5, version I, 45 mm.

Material:   Screwed insert and set screw, stainless steel 1.4305 (AISI 303).
Grip body: Stainless steel 1.4308 (CF-8), matt blasted.

Version IS: With internal hexagon screw. 
User-friendly design. To be used preferably when the clamping range is 
limited or if a specific clamping position is required. The thread insert is 
connected to the handle via splines and can be removed.
By lifting (pulling) the handle the splines work loose and the clamping 
lever can be turned to the most suitable clamping position. Letting go 
causes the handle to engage automatically.

Adjustable Clamping Levers 300.5, Version IS-G with External Thread, Disengaged by Pulling, Stainless

Ordering Details: e.g.: Product No. 665 997 11, Adjustable Clamping Lever 300.5, version A, 45 mm.

Splines

Splines

Product No. l1 d1 d3 d4 h1 h2 h3 h4 t Weight
mm mm mm mm mm mm mm mm mm g

Product No. l1 l2 d1 d3 d4 h1 h2 h3 h4 Weight
mm mm mm mm mm mm mm mm mm g

STAINLESS

STAINLESS

Alternatively with outside-hexagon screw on request.

Alternatively with outside-hexagon screw on request.


