Woodruff Keys DIN 6888

Material: Steel C45+C, bright. >
Stainless steel 1.4571 (AISI 316 Ti). STAINLESS |

Cost-effective, easy to mount and dismount fastening element

for shaft-to-hub connections. Recommended for single direction /f
of rotation. At conical shafts and hub bores, an axial locking is b// | -
only requiered in one direction. All edges are rounded.
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Ordering Details: e.g.: Product No. 618 302 02, Woodruff Key DIN 6888, C45, 2 x 2.6 mm

Product No. Product No. bh9 hh12 I d, Weight
Steel C45 Stainless Steel mm mm mm mm g
618 302 02 618 372 02 2 2,6 6,76 7 0,204
618 302 03 618 372 03 2 3,7 9,66 10 0,414
618 303 03 618 373 03 3 3,7 9,66 10 0,622
618 303 05 - 3 5 12,65 13 1,10
618 303 06 - 3 65 15,72 16 1,80
618 304 05 618 374 05 4 5 12,65 13 1,47
618 304 06 618 374 06 4 6,5 15,72 16 2,40
618 304 07 618 374 07 4 75 18,57 19 3,27
618 305 06 618 375 06 5 6,5 15,72 16 3,01
618 305 07 618 375 07 5 75 18,57 19 4,09
618 305 09 - 5 9 21,63 22 573
618 306 07 618 376 07 6 75 18,57 19 491
618 306 09 618 376 09 6 9 21,63 22 6,88
618 306 10 618 376 10 6 10 24,49 25 8,64
618 306 11 - 6 11 27,35 28 10,6
618 308 09 - 8 9 21,63 22 9,17
618 308 11 618 378 11 8 11 27,35 28 141
618 308 13 618 378 13 8 13 31,43 32 193
618 310 11 - 10 1" 27,35 28 17,6
618 310 13 - 10 13 31,43 32 241
618 310 16 - 10 16 43,08 45 399
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