Timing Bars, for Timing Belts Profile HTD

@D,

Material: Aluminium similar to EN AW2017A.

Steel.

Ordering Details: e.g.: Product No. 170 909 00, Timing Bar HTD 3M, Aluminium, 9 Teeth

Profile 3M, Aluminium

Profile 5M, Aluminium

Other types and materials on request.

Profile 5M, Steel

Product No. Number D, Ly L Weigth Product No. Number D, L L Weigth Product No. Number D, Ly L Weigth
Aluminium of teeth mm mm mm kg Aluminium of teeth mm mm mm kg Steel ofteeth mm mm mm kg
170 909 00 9 783 75 100 0,01 172 912 00 12 179 160 160 0,08 172 912 01 12 179 160 160 0,23
17091000 10 879 75 100 0,02 17291300 13 1955 160 160 0,10 17291301 13 1955 160 160 0,29
17091100 11 974 75 100 0,02 172 914 00 14 2114 175 200 0,16 172 914 01 14 2114 175 200 0,46
17091200 12 10,70 100 125 0,03 172 915 00 15 22,73 175 200 0,19 172 915 01 15 22,73 175 200 0,55
17091300 13 1165 100 125 0,03 172 916 00 16 2432 175 200 0,21 172 916 01 16 2432 175 200 0,61
17091400 14 12,61 100 125 0,04 172 917 00 17 2591 175 200 0,24 172 917 01 17 2591 175 200 0,70
17091500 15 1356 100 125 0,04 17291800 18 27,50 200 200 0,27 17291801 18 2750 200 200 0,78
17091600 16 1452 125 155 0,06 17291900 19 29,10 200 200 0,31 17291901 19 29,10 200 200 0,90
17091700 17 1547 125 155 0,07 17292000 20 30,69 200 200 0,35 172 920 01 20 30,69 200 200 1,01
17091800 18 1643 125 155 0,08 17292100 21 3228 200 200 0,39 172 921 01 21 32,28 200 200 1,13
17091900 19 1738 125 155 0,09 17292200 22 33,87 200 200 043 17292201 22 3387 200 200 125
17092000 20 1834 150 165 0,11 17292300 23 3546 200 200 048 17292301 23 3546 200 200 139
17092100 21 1929 150 165 0,12 17292400 24 37,06 200 200 0,52 172 924 01 24 3705 200 200 151
17092200 22 2025 150 165 0,13 17292500 25 3864 200 200 0,57 172 925 01 25 3864 200 200 1,65
17092300 23 21,20 150 165 0,15 172926 00 26 40,24 200 200 0,62 172 926 01 26 40,24 200 200 1,80
17092400 24 22,16 150 165 0,16 17292700 27 41,83 200 200 0,67 17292701 27 41,83 200 200 194
17092500 25 2311 150 165 0,17 17292800 28 43,42 200 200 0,73 172 928 01 28 43,42 200 200 2,11
170926 00 26 24,07 150 165 0,19 17293000 30 4660 200 200 0,84 17293001 30 4660 200 200 243
17092700 27 2502 150 165 0,21 17293200 32 49,79 200 200 0,97 172 932 01 32 49,79 200 200 2,81
17092800 28 2598 150 165 0,22 172 934 00 34 5297 200 200 1,11 172 934 01 34 5297 200 200 3,22
17092900 29 2693 150 165 0,24 17293600 36 56,15 200 200 125 17293601 36 56,15 200 200 3,62
17093000 30 27,89 175 183 0,29 17293800 38 5933 200 200 140 17293801 38 59,33 200 200 4,06
17093100 31 2884 175 183 031 17294000 40 62,52 200 200 155 17294001 40 62,52 200 200 449
17093200 32 2980 175 183 0,33 17294200 42 6570 200 200 1,73 172 942 01 42 6570 200 200 5,01
17093300 33 30,75 175 183 035 17294400 44 68,88 200 200 1,90 172 944 01 44 68,88 200 200 5,50
17093400 34 31,71 175 183 037 17294500 45 70,48 200 200 199 17294501 45 7048 200 200 576
17093500 35 3266 175 183 0,39 17294600 46 72,07 200 200 2,13 17294601 46 72,07 200 200 6,17
170936 00 36 33,62 200 200 046 17294800 48 7525 200 200 227 17294801 48 7525 200 200 658
17093700 37 3457 200 200 048 17295000 50 7843 200 200 2,48 172 950 01 50 78,43 200 200 7,18
17093800 38 3553 200 200 051 17295200 52 81,62 200 200 2,80 172 952 01 52 81,62 200 200 811
17093900 39 3648 200 200 054 17295600 56 87,98 200 200 3,20 17295601 56 87,98 200 200 9,27
17094000 40 37,44 200 200 057 17296000 60 9435 200 200 3,60 17296001 60 9435 200 200 1043
17094200 42 3935 200 200 0,63 17297200 72 113,45 200 200 528 17297201 72 113,45 200 200 1529
17094400 44 4125 200 200 0,69 17298000 80 126,18 200 200 6,65 172 980 01 80 126,18 200 200 19,26
17094500 45 4221 200 200 0,73 17299000 90 142,10 200 200 8,50 172 990 01 90 142,10 200 200 24,62
170946 00 46 43,16 200 200 0,76 17299100 96 151,64 200 200 9,60 17299101 96 151,64 200 200 29,00
17094800 48 4507 200 200 0,83 17299200 112 177,11 200 200 13,30 17299201 112 177,11 200 200 3853
17095000 50 46,98 200 200 0,91
17095200 52 48,89 200 200 0,98
17095400 54 50,80 200 200 1,06
170956 00 56 52,71 200 200 1,14
17096000 60 56,53 200 200 1,32
17096200 62 5844 200 200 141
17096400 64 6035 200 200 1,54
170966 00 66 62,26 200 200 1,60 A
17096800 68 64,17 200 200 1,70
17097000 70 66,08 200 200 1,81 \
17097200 72 67,99 200 200 1,92 \ ]
17098000 80 7563 200 200 2,39 \
17099000 90 8518 200 200 3,07 \
17099100 96 9091 200 200 3,60 é 7 Reworking within
17099200 112 106,19 200 200 4,80 9

| 168 24h-service possible.
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