
K43_N75®

Ø d6

d2

d1

t 3

h

664 516 04 16 M4 8 15 6 4
664 520 05 20 M5 12 18 7,5 11
664 520 06* 20 M6 12 18 7,5 10
664 525 06 25 M6 15 22,5 9 21
664 525 08* 25 M8 15 22,5 9 19
664 532 08 32 M8 18 29 12 42
664 532 10* 32 M10 18 29 12 38
664 540 10 40 M10 22 37 15 80
664 540 12* 40 M12 22 37 15 76

Vers. E

Ball Knobs DIN 319 from Rubber NBR, Version E, with Thread

Ordering Details: e.g.: Product No. 664 516 04, Ball Knob DIN 319 NBR, 16mm M4

* Not part of the DIN 319.

Material: Elastomer NBR, black, hardness 75º +/-5º Shore A. 
Metall part steel zinc-plated. 

Version E  = With threaded bush of zinc-plated steel.

Versatile, vibration damping knob, from oil-resistant NBR.

Temperature range: -10°C to +100ºC.  

Product No. d1 d2 d6 h t3 Weight
NBR mm mm mm mm mm g


