Nuts DIN 508 for Tee Slots DIN 650

Material: P
Tempered steel, tensile strength 10, black. d
Tempered steel, tensile strength 10, zinc-plated. ved
Stainless steel 1.4571 (AISI 316). STAINLESS |
r <
T-slot nuts, according to DIN 508. ' =5
Suitable for T-slots DIN 650 / 1SO 299. f
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Ordering Details: e.g.: Product No. 655 104 05, Nut DIN 508, M4 x 5, black
Product No. Product No. Product No. d  for Tee Slot a e h k Weight
black zinc-plated Stainless steel ~ mm mm mm mm mm mm g
655 104 05 - - M4 5 4,6 9 6,5 3 2
655 104 06 - - M4 6 5,6 10 8 4 3
655 105 06 655 105 06VZ 655 105 06A4 M5 6 56 10 8 4 3
655 105 08 655 105 08VZ - M5 8 7,6 13 10 6 8
655 105 10 655 105 10VZ - M5 10 9,6 15 12 6 14
655 106 08 655 106 08VZ 655 106 08A4 M6 8 7,6 13 10 6 8
655 106 10 655 106 10VZ - M6 10 9,6 15 12 6 14
655 106 12 655 106 12VZ - M6 12 11,6 18 14 7 22
655 108 10 655 108 10VZ 655 108 10A4 M8 10 9,6 15 12 6 14
655 108 12 655 108 12VZ - M8 12 11,6 18 14 7 22
655 108 14 655 108 14VZ - M8 14 13,6 22 16 8 34
655 110 12 655 110 12VZ 655 110 12A4 M10 12 11,6 18 14 7 22
655 110 14 655 110 14VZ - M10 14 13,6 22 16 8 34
65511214  65511214VZ 655112 14A4  M12 14 13,6 22 16 8 34
655 112 16 655 112 16VZ - M12 16 15,6 25 18 9 50
655 112 18 655 112 18VZ - M12 18 17,6 28 20 10 68
655 114 16 655 114 16VZ - M14 16 15,6 25 18 9 50
655114 18 655 114 18VZ - M14 18 17,6 28 20 10 68
655 116 18 655 116 18VZ 655 116 18A4 M16 18 17,6 28 20 10 68
655 116 20 655 116 20VZ - M16 20 19,6 32 24 12 117
655 118 20 655 118 20VZ - M18 20 19,6 32 24 12 111
655 120 22 655 120 22VZ - M20 22 21,6 35 28 14 155
655 120 24 655 120 24VZ - M20 24 23,6 40 32 16 235
655 122 24 655 122 24VZ - M22 24 23,6 40 32 16 227
655 124 28 655 124 28VZ - M24 28 27,6 44 36 18 315
655 130 36 655 130 36VZ - M30 36 8515 54 44 22 595
655 136 42 655 136 42VZ - M36 42 41,5 65 52 26 1000

Nuts DIN 508 for Tee Slots DIN 650, with Ball
Material: Tempered steel, tensile strength 10, black. a s
T-slot nuts like DIN 508, but with spring-loaded ball against d
unintended moving. The loose nut will be held, even in vertical
position. : .
Suitable for T-slots DIN 650 / ISO 299. : =
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Ordering Details: e.g.: Product No. 655 108 10K, Nut DIN 508, with ball, M8 x 10 €
Product No. d  for Tee Slot a e h k s~ Weight
bright mm mm mm mm mm mm mm g
655108 10K M8 10 96 15 12 6 0,65 14
655110 12K M10 12 116 18 14 7 08 22
655112 14K  M12 14 13,6 22 16 8 09 34
655 116 18K M16 18 17,6 28 20 10 1,0 68
655 120 22K M20 22 21,6 35 28 14 1,6 155
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