Timing Bars, for Timing Belts Profile AT, Stainless Steel
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Material: Stainless steel 1.4305 (AISI 303). STAINLESS
Ordering Details: e.g.: Product No. 166 999 15, Timing Bar AT5, No. of Teeth 15, Stainless Other lypes and materials on request,
Profile AT 5 Profile AT 10
Product No. Number D, L, L Weight Product No. Number D, L, L Weight
of teeth mm mm mm kg of teeth mm mm mm kg

166 999 15 15 22,65 140 140 0,41 168 999 16 16 4911 160 160 2,09
166 999 16 16 2424 140 140 043 168 999 18 18 55,48 160 160 2,72
166 999 18 18 27,43 140 140 0,58 168 999 20 20 61,84 160 160 3,39
166 999 20 20 3061 160 160 0,87 168 999 22 22 6821 160 160 4,17
166 999 24 24 3698 160 160 1,27 168 999 24 24 7457 160 160 5,07
166 999 25 25 3857 160 160 1,36 168 999 25 25 77,76 160 160 5,53
166 999 30 30 4653 160 160 2,00 168 999 30 30 93,67 160 160 8,08
166 999 32 32 49,71 160 160 2,35 168 999 32 32 100,04 160 160 9,27
166 999 36 36 56,08 160 160 2,61 168 999 36 36 112,77 160 160 11,85
166 999 40 40 62,44 160 160 3,71 168 999 40 40 12550 160 160 14,95
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Flanges page 168

Reworking within
24h-service possible.
Custom made parts
on request.
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