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652 401 00 652 994 01 GUK 0 M10 x 0,75 18 15 7,6 4,5 3 1,5 0,04 4 6
652 402 00 652 994 02 GUK 0a M10 x 1 18 15 7,6 4,5 3 1,5 0,04 4 6
652 403 00 652 994 03 GUK 1 M12 x 1 21 18 7,6 4,5 3 1,5 0,04 4 8
652 404 00 - GUK 1a M12 x 1,5 21 18 9,2 5,7 3 1,5 0,04 4 8
652 405 00 - GUK 1b M14 x 1,5 24 21 10,7 6,0 4 1,5 0,04 4 12
652 406 00 652 994 06 GUK 2 M15 x 1 24 21 8,6 5,5 4 1,5 0,04 4 11
652 407 00 - GUK 2a M16 x 1,5 28 24 10,7 6,0 4 2 0,04 4 18
652 408 00 652 994 08 GUK 3 M17 x 1 28 24 8,7 5,5 4 2 0,04 4 17
652 409 00 - GUK 3a M18 x 1,5 28 24 10,7 7,3 4 2 0,04 4 16
652 410 00 652 994 10 GUK 4 M20 x 1 32 27 9,6 6,0 4 2,5 0,04 4 24
652 411 00 - GUK 4a M20 x 1,5 32 27 9,6 6,0 4 2,5 0,04 4 24
652 412 00 - GUK 4b M22 x 1,5 38 33 12,7 7,0 5 2,5 0,04 4 36
652 413 00 652 994 13 GUK 4c M24 x 1,5 38 33 10,7 6,2 5 2,5 0,04 4 35
652 414 00 652 994 14 GUK 5 M25 x 1,5 38 33 10,5 6,5 5 2,5 0,04 4 34
652 415 00 - GUK 5a M28 x 1,5 44 38 11,2 6,9 5 3 0,04 4 45
652 416 00 652 994 16 GUK 6 M30 x 1,5 44 38 10,7 6,6 5 3 0,04 4 44
652 417 00 652 994 17 GUK 6a M32 x 1,5 50 44 11,2 6,6 5 3 0,04 4 63
652 418 00 652 994 18 GUK 7 M35 x 1,5 50 44 11,3 7,0 5 3 0,04 4 61
652 419 00 652 994 19 GUK 7a M38 x 1,5 53 47 12,2 6,6 5 3 0,04 4 67
652 420 00 652 994 20 GUK 8 M40 x 1,5 56 50 12,3 7,7 6 3 0,04 4 79
652 421 00 - GUK 8a M42 x 1,5 62 55 15,2 10,6 6 3,5 0,04 4 97
652 422 00 652 994 22 GUK 9 M45 x 1,5 62 55 12,3 7,8 6 3,5 0,04 4 94
652 423 00 652 994 23 GUK 9a M48 x 1,5 64 57 13,7 9,1 6 3,5 0,04 4 107
652 424 00 652 994 24 GUK 10 M50 x 1,5 68 61 12,9 8,1 6 3,5 0,04 4 129
652 425 00 - GUK 10a M52 x 1,5 75 68 13,7 9,1 6 3,5 0,05 4 163
652 426 00 - GUK 11a M55 x 1,5 75 68 13,2 8,2 7 3,5 0,05 6 158
652 427 00 - GUK 11 M55 x 2 75 68 13,4 8,2 7 3,5 0,05 6 158
652 428 00 - GUK 12a M60 x 1,5 80 73 13,2 8,2 7 3,5 0,05 6 151
652 429 00 - GUK 12 M60 x 2 80 73 13,4 8,2 7 3,5 0,05 6 151
652 430 00 - GUK 13a M65 x 1,5 85 77 14,5 8,9 7 4 0,05 6 182
652 431 00 - GUK 13 M65 x 2 85 77 14,5 9,0 7 4 0,05 6 182
652 432 00 - GUK 14a M70 x 1,5 92 84 14,5 9,2 8 4 0,05 6 228
652 433 00 - GUK 14 M70 x 2 92 84 14,5 9,2 8 4 0,05 6 228
652 434 00 - GUK 15a M75 x 1,5 98 89 15,5 10,0 8 4,5 0,05 6 268
652 435 00 - GUK 15 M75 x 2 98 89 15,5 10,0 8 4,5 0,05 6 268
652 436 00 - GUK 16a M80 x 1,5 105 96 16,5 11,2 10 4,5 0,05 8 338
652 437 00 - GUK 16 M80 x 2 105 96 16,5 11,2 10 4,5 0,05 8 338
652 438 00 - GUK 17 M85 x 2 110 100 17,5 12,1 10 5 0,05 8 388
652 439 00 - GUK 18 M90 x 2 120 110 17,7 12,5 10 5 0,05 8 538
652 440 00 - GUK 19 M95 x 2 125 115 18,7 13,5 10 5 0,05 8 585
652 441 00 - GUK 20 M100 x 2 130 120 19,7 14,5 10 5 0,05 8 675

Ordering Details: e.g.: Product No. 652 401 00, Locknut GUK 0, zinc-plated

Material:  Steel, zinc-plated, hardness class 14 H. 
 Stainless steel 1.4301 (AISI 304).
These self-locking slot nuts with metric fine thread are used  
for fixing bearings or as adjusting nuts. The threads are like  
locknuts DIN 981 respectively DIN 1804. Please note the pitch, 
specified in the thread size d1. 
Recommend tolerance for the shaft thread: 6g DIN ISO 965. 
Temperature max. 100°C.

Locknuts GUK with Polyamide Insert, self-locking
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